
WRb
RDb

AD0
AD1
AD2
AD3
AD4
AD5
AD6
AD7

RXD
TXD

RXD

TXD

C4
0.1µF

C3
0.1µF

X1
11.0592MHz

C1
22pF

C2
22pF

C6
0.1µF

C5
0.1µF

AD0
AD1
AD2
AD3
AD4
AD5
AD6
AD7

TX

RX

VCC

1
2
3
4
5
6
7
8
9

RP1

9 PIN SIP 10K

C14
0.1µF

AD0
AD1
AD2
AD3
AD4
AD5
AD6
AD7

ALE

A0
A1
A2
A3
A4
A5
A6
A7 A0

A1
A2
A3
A4
A5
A6
A7
A12
A14

AD0
AD1
AD2

AD3
AD4
AD5
AD6
AD7

A10
PSEN
A11
A9
A8
A13

PSEN

A14
A13
A12
A11
A10
A9
A8

ALE

OC
1

C11

1D
2

1Q
19

2D
3

2Q
18

3D
4

3Q
17

4D
5

4Q
16

5D
6

5Q
15

6D
7

6Q
14

7D
8

7Q
13

8D
9

8Q
12

U4

SN74HC573

A13 26
A122

A73

A64

A55

A46

A37

A28

A19

A010

DQ011

DQ112

DQ213

GND14 DQ3 15
DQ4 16
DQ5 17
DQ6 18
DQ7 19

CE
20

A10 21
OE

22
A11 23

A9 24
A8 25

A141

WE
27
28

U6

DS1230W PGM

P1.0
1

P1.1
2

P1.2
3

P1.3
4

P1.4
5

P1.5
6

P1.6
7

P1.7
8

RST
9

P3.0 RXD
10

P3.1 TXD
11

P3.2 INT0
12

P3.3 INT1
13

P3.4 T0
14

P3.5 T1
15

P3.6 WR
16

P3.7 RD
17

XTAL2
18

XTAL1
19

GND
20

P2.0 A8
21

P2.1 A9
22

P2.2 A10
23

P2.3 A11
24

P2.4 A12
25

P2.5 A13
26

P2.6 A14
27

P2.7 A15
28

PSEN
29

ALE
30

EA
31

P0.7 AD7
32

P0.6 AD6
33

P0.5 AD5
34

P0.4 AD4
35

P0.3 AD3
36

P0.2 AD2
37

P0.1 AD1
38

P0.0 AD0
39
40

U2

DS38C323
40 PIN DIP

8

EN
1

11

FORCEOFF
16

9

FORCEON 12

13

INVALID 10

C1+
2

C2+
5

GND
14

C1-
4

15

C2-
6

V-
7

V+
3

U1

MAX3221ECAE

C10
0.1µF

RST

C9
0.1µF

C7
0.1µF

SCL
SDA

VCC

VCC

VCC

VCC

VCC

VCC

C13
0.1µF

C15
0.01µF

A
C

1

- +

A
C

2

D1

BRIDGE D-38

J1

9V AC IN

1
2

D2
LED0

R1
4.7kΩ

1 2

SW1

SW-PB

C11
68µF

RST1 5

GND2

RST
3

PBRST
4

U3

DS1819C

RST

C8
0.1µF

SET
1

OUT
5

IN
6

IN
3

OUT
4

SHDN
2

IN
7

U5

MAX1658ESA

VCC

VCC

VCC

VCC

VCC

X2
32,768Hz

C12
0.1F

XTAL1
1

XTAL2
2

VBAT
3

GND
4

SDA
5

SCLK
6

RSTO
7
8

U7

DS1672

SCL
SDA

VCC

VCC

1
6
2
7
3
8
4
9
5

CON1

DB9

DTR

TX

RX

GND

VCC

VCC

VCC




