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ALL PARTS ON THIS PAGE ARE FOR DEMO BOARD ONLY, NOT NEEDED IN CUSTOMER DESIGN

PSM STACKING CONNECTORS:
 J12, FEMALE, CONN RECEPT 2MM DUAL R/A 14POS, Sullins Conn. NPPN072FJFN-RC

J11, MALE CONN HEADER 14POS 2MM R/A GOLD, Molex Connector Corp. 87760-1416

OPTIONAL CIRCUIT FOR PROGRAMMING
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