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• OPERATING LIFE TEST

SOIC/SOT/MSOP 77 9827 9827 77.18 0
77 77.18 0

• PRESSURE COOKER TEST AT 15 PSIG, +121°C

SOIC/SOT/MSOP 695 9835 0034 61.62 0
695 61.62 0

• TEMP CYCLE FROM -65°C to +150°C

SOIC/SOT/MSOP 245 9837 0034 26.78 0
245 26.78 0

• THERMAL SHOCK FROM -65°C to +150°C

SOIC/SOT/MSOP 150 9837 0033 15.00 0
150 15.00 0

(1) Assumes Activation Energy =  1.0 Electron Volts
(2) Failure Rate Equivalent to +55°C, 60% Confidence Level = 23.83 FITS
(3) Mean Time Between Failures in Years = 4,787
Note: 1 FIT = 1 Failure in One Billion Hours.
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